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BARRIER STRIP STYLE POWER SUPPLY PROVIDES REGULATED EXCITATION FOR STRAIN GAGES AND PRESSURE TRANSDUCERS
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N PSS-5A +5V 500 mA +0.05%
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gl S0 0[gR2= REELICE PSS-D12A £2Vor24V | 120 mA +0.5% £0.02%
PSS-D12B £12Vor24V | 240 mA +0.5% +0.02%
PSS-D15A +15Vor30V | 50 mA +0.5% +0.02%
PSS-D15B +15Vor30V | +100mA | 20.5% +0.02%
PSS-D15C £15Vor30V | +200mA | 20.5% +0.02%
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220/230V | PSS-5A-220V +5V 500 mA +1% +0.05%
Powered | PSS-10-220 +10V 400 mA +1% +0.05%
Models PSS-D12A-220V | 12V or +24V | 120 mA +0.5% +0.02%
PSS-D12B-230 |+12V or +24V | 240 mA +0.5% +0.02%
PSS-250-230 +250V 30 mA +2% +0.2%
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