
써모커플 보호관 지름 접지 비접지 
합금 mm (인치) 접점 접점 접점

철- 1.5 (1 ⁄16) ICIN-116G-12-DUAL ICIN-116U-12-DUAL ICIN-116E-12-DUAL
콘스탄탄 3.0 (1 ⁄8) ICIN-18G-12-DUAL ICIN-18U-12-DUAL ICIN-18E-12-DUAL
인코넬 4.5 (3 ⁄16) ICIN-316G-12-DUAL ICIN-316U-12-DUAL ICIN-316E-12-DUAL
보호관 6.0 (1 ⁄4) ICIN-14G-12-DUAL ICIN-14U-12-DUAL ICIN-14E-12-DUAL
철- 1.5 (1 ⁄16) ICSS-116G-12-DUAL ICSS-116U-12-DUAL ICSS-116E-12-DUAL

콘스탄탄 3.0 (1 ⁄8) ICSS-18G-12-DUAL ICSS-18U-12-DUAL ICSS-18E-12-DUAL
304 SS 4.5 (3 ⁄16) ICSS-316G-12-DUAL ICSS-316U-12-DUAL ICSS-316E-12-DUAL
보호관 6.0 (1 ⁄4) ICSS-14G-12-DUAL ICSS-14U-12-DUAL ICSS-14E-12-DUAL

CHROMEGATM- 91.5 (1 ⁄16) CAIN-116G-12-DUAL CAIN-116U-12-DUAL CAIN-116E-12-DUAL
ALOMEGATM 3.0 (1 ⁄8) CAIN-18G-12-DUAL CAIN-18U-12-DUAL CAIN-18E-12-DUAL

인코넬 4.5 (3 ⁄16) CAIN-316G-12-DUAL CAIN-316U-12-DUAL CAIN-316E-12-DUAL
보호관 6.0 (1 ⁄4) CAIN-14G-12-DUAL CAIN-14U-12-DUAL CAIN-14E-12-DUAL

CHROMEGATM 1.5 (1 ⁄16) CASS-116G-12-DUAL CASS-116U-12-DUAL CASS-116E-12-DUAL
ALOMEGATM 3.0 (1 ⁄8) CASS-18G-12-DUAL CASS-18U-12-DUAL CASS-18E-12-DUAL

304 SS 4.5 (3 ⁄16) CASS-316G-12-DUAL CASS-316U-12-DUAL CASS-316E-12-DUAL
보호관 6.0 (1 ⁄4) CASS-14G-12-DUAL CASS-14U-12-DUAL CASS-14E-12-DUAL

CHROMEGATM 1.5 (1 ⁄16) CXIN-116G-12-DUAL CXIN-116U-12-DUAL CXIN-116E-12-DUAL
콘스탄탄 3.0 (1 ⁄8) CXIN-18G-12-DUAL CXIN-18U-12-DUAL CXIN-18E-12-DUAL
인코넬 4.5 (3 ⁄16) CXIN-316G-12-DUAL CXIN-316U-12-DUAL CXIN-316E-12-DUAL
보호관 6.0 (1 ⁄4) CXIN-14G-12-DUAL CXIN-14U-12-DUAL CXIN-14E-12-DUAL

CHROMEGATM 1.5 (1 ⁄16) CXSS-116G-12-DUAL CXSS-116U-12-DUAL CXSS-116E-12-DUAL
콘스탄탄 3.0 (1 ⁄8) CXSS-18G-12-DUAL CXSS-18U-12-DUAL CXSS-18E-12-DUAL
304 SS 4.5 (3 ⁄16) CXSS-316G-12-DUAL CXSS-316U-12-DUAL CXSS-316E-12-DUAL
보호관 6.0 (1 ⁄4) CXSS-14G-12-DUAL CXSS-14U-12-DUAL CXSS-14E-12-DUAL
구리- 1.5 (1 ⁄16) CPIN-116G-12-DUAL CPIN-116U-12-DUAL CPIN-116E-12-DUAL

콘스탄탄 3.0 (1 ⁄8) CPIN-18G-12-DUAL CPIN-18U-12-DUAL CPIN-18E-12-DUAL
인코넬 4.5 (3 ⁄16) CPIN-316G-12-DUAL CPIN-316U-12-DUAL CPIN-316E-12-DUAL
보호관 6.0 (1 ⁄4) CPIN-14G-12-DUAL CPIN-14U-12-DUAL CPIN-14E-12-DUAL
구리- 1.5 (1 ⁄16) CPSS-116G-12-DUAL CPSS-116U-12-DUAL CPSS-116E-12-DUAL

콘스탄탄 3.0 (1 ⁄8) CPSS-18G-12-DUAL CPSS-18U-12-DUAL CPSS-18E-12-DUAL
304 SS 4.5 (3 ⁄16) CPSS-316G-12-DUAL CPSS-316U-12-DUAL CPSS-316E-12-DUAL
보호관 6.0 (1 ⁄4) CPSS-14G-12-DUAL CPSS-14U-12-DUAL CPSS-14E-12-DUAL
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T-dual TC/TypeJ

듀얼 엘리먼트 탐침 하나로 
두가지 기능을 수행합니다!

제어장치

기록장치

OMEGATM 듀얼 엘리먼트 써모커플 부품은 4-도체 Super OMEGACLADTM 
도선을 이용해 제조하고, 종단에 튼튼한 DTC 커넥터가 있습니다. 304 SS
나 인코넬 보호관는 1.5 ~ 6 mm (1/16” ~ 1/4”) OD에 이용할 수 있고, 접지, 비접지,
노출 접점이 있습니다. 표준 길이는 300 mm (12”)이고, 기타 길이도 구입이 가능
합니다.

대응 커넥터, 케이블 클램프, 잠금 클립은 모두 별매품입니다. 

310, 316, 321 스테인리스 스틸 보호관가 있는 제품을 주문하려면 추가 비용 없이 모델 번호의 “SS”를 각각 “310SS”, “316SS”, “321SS”로 변경하세요.

* Super OMEGACLADTM XL 보호관를 주문하려면, 추가 비용으로 모델 번호의 “N”을 “XL”로 변경하세요. 비고: PFA 코팅을 이용할 수 있습니다. 최대 온도는 205°C (400°F)입니다. 맞춤형 커넥터
를 구입할 수 있습니다. 주문 예: CAIN-14G-12-DUAL, 듀얼 K형 접지 써모커플, 지름 6 mm (1/4”)의 인코넬 보호관. 길이 12”.

대응 커넥터, 케이블 클램프, 잠금 클립 별도 판매  

그림은 실제 크기보다 

작습니다.

U  길이 표준 300 mm (12")
U  지름 1.5 ~ 6.0 mm (1/16” ~ 1/4")
U  304, 310, 316, 321 SS, Inconel® 또는
Super OMEGACLADTM XL 보호관 선택
U  정격 220°C (425°F)의 유리충전 나일론 커넥터 몸체

용도
U 듀얼센서 판독 – 예비품 내장
U 단일 지점의 듀얼센서 판독 가능 
U 지속적인 관찰과 제어

*

듀얼 엘리먼트 써모커플 과 표준 사이즈 커넥터 
Dual Element Thermocouple Assemblies 
with Standard Size Connectors

노출 

kr.omega.com/ICIN-DUAL
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IRON-
CONSTANTAN
Inconel
Sheath

ICIN-116G-12-DUAL
ICIN-18G-12-DUAL
ICIN-316G-12-DUAL
ICIN-14G-12-DUAL

ICIN-116U-12-DUAL
ICIN-18U-12-DUAL
ICIN-316U-12-DUAL
ICIN-14U-12-DUAL

ICIN-116E-12-DUAL
ICIN-18E-12-DUAL
ICIN-316E-12-DUAL
ICIN-14E-12-DUAL

DTC-J-F

PCLM-DTC

IRON-
CONSTANTAN
304 SS
Sheath

ICSS-116G-12-DUAL
ICSS-18G-12-DUAL
ICSS-316G-12-DUAL
ICSS-14G-12-DUAL

ICSS-116U-12-DUAL
ICSS-18U-12-DUAL
ICSS-316U-12-DUAL
ICSS-14U-12-DUAL

ICSS-116E-12-DUAL
ICSS-18E-12-DUAL
ICSS-316E-12-DUAL
ICSS-14E-12-DUAL

DTC-J-F

CHROMEGATM-*
ALOMEGATM

Inconel
Sheath

CAIN-116G-12-DUAL
CAIN-18G-12-DUAL
CAIN-316G-12-DUAL
CAIN-14G-12-DUAL

CAIN-116U-12-DUAL
CAIN-18U-12-DUAL
CAIN-316U-12-DUAL
CAIN-14U-12-DUAL

CAIN-116E-12-DUAL
CAIN-18E-12-DUAL
CAIN-316E-12-DUAL
CAIN-14E-12-DUAL

DTC-K-F

CHROMEGATM

ALOMEGATM

304 SS
Sheath

CASS-116G-12-DUAL
CASS-18G-12-DUAL
CASS-316G-12-DUAL
CASS-14G-12-DUAL

CASS-116U-12-DUAL
CASS-18U-12-DUAL
CASS-316U-12-DUAL
CASS-14U-12-DUAL

CASS-116E-12-DUAL
CASS-18E-12-DUAL
CASS-316E-12-DUAL
CASS-14E-12-DUAL

DTC-K-F

CHROMEGATM 
CONSTANTAN 
Inconel 
Sheath

CXIN-116G-12-DUAL
CXIN-18G-12-DUAL
CXIN-316G-12-DUAL
CXIN-14G-12-DUAL

CXIN-116U-12-DUAL
CXIN-18U-12-DUAL
CXIN-316U-12-DUAL
CXIN-14U-12-DUAL

CXIN-116E-12-DUAL
CXIN-18E-12-DUAL
CXIN-316E-12-DUAL
CXIN-14E-12-DUAL

DTC-E-F

CHROMEGATM 
CONSTANTAN 
304 SS Sheath

CXSS-116G-12-DUAL
CXSS-18G-12-DUAL
CXSS-316G-12-DUAL
CXSS-14G-12-DUAL

CXSS-116U-12-DUAL
CXSS-18U-12-DUAL
CXSS-316U-12-DUAL
CXSS-14U-12-DUAL

CXSS-116E-12-DUAL
CXSS-18E-12-DUAL
CXSS-316E-12-DUAL
CXSS-14E-12-DUAL

DTC-E-F

COPPER-
CONSTANTAN
Inconel
Sheath

CPIN-116G-12-DUAL
CPIN-18G-12-DUAL
CPIN-316G-12-DUAL
CPIN-14G-12-DUAL

CPIN-116U-12-DUAL
CPIN-18U-12-DUAL
CPIN-316U-12-DUAL
CPIN-14U-12-DUAL

CPIN-116E-12-DUAL
CPIN-18E-12-DUAL
CPIN-316E-12-DUAL
CPIN-14E-12-DUAL

DTC-T-F

COPPER-
CONSTANTAN
304 SS
Sheath

CPSS-116G-12-DUAL
CPSS-18G-12-DUAL
CPSS-316G-12-DUAL
CPSS-14G-12-DUAL

CPSS-116U-12-DUAL
CPSS-18U-12-DUAL
CPSS-316U-12-DUAL
CPSS-14U-12-DUAL

CPSS-116E-12-DUAL
CPSS-18E-12-DUAL
CPSS-316E-12-DUAL
CPSS-14E-12-DUAL

DTC-T-F

* 모든 부속품은 별도 판매입니다.
Super OMEGACLADTM  주문을 워하시면 "N"을 "XL로 변경하여 주문십시오. (추가 비용) 

케이블 클램프 
제품 번호 

안전 클립 
제품 번호 노출형비접지형 써모커플 합금 접지형

kr.omega.com/ICIN-DUAL
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